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THE FULL-LINE OF IDEAL® PLIERS
30-435
30-455*

30-3435
30-3455*

30-9430Linesman Pliers 
Feature knife-to-knife cutting blades, high 
leverage pivots, cam-action fish tape puller 
and dual crimp dies. 

*Model numbers 30-455 & 30-3455 do not include 
fish tape puller or crimp die feature.
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30-029 30-3028 35-9029Diagonal Cutters
Straight handle Smart-Grip™ model features 
an integral spring which can be deployed or 
stored as needed. Angled head model is 
shaped for optimum staple pulling leverage.  

*Not pictured: 30-028 Non-angled head, 30-3029 Angled 
Head

35-3052 35-9052

37-100

35-052Cable Cutters
Precision ground, by-pass cutter blades provide smooth, 
easy cuts up to 2/0 copper or aluminum.*

Hand Tool Tether
•	 Maximum working capacity of 2 lb. 
•	 Relaxed length of 3-1/2 ft. 
•	 Maximum extended length of 5-1/2 ft.
•	 Approved to ANSI/ISEA 121-2018 standard
•	 Sold separately

30-3038 35-903830-038Long-Nose
Narrow profile head for working in tight 
spaces. 

*Not Pictured: 35-036 (6 in.)

35-420 35-3420 35-9420Tongue & Groove
Flush-ground rivets provide greater access 
into tight spaces and never loosen up. 

*Not pictured: 35-426 (7 in.), 35-430 (10-1/2 in.), 
35-440 (13 in.)

30-429 30-3429 30-9429Multi-Crimp Tools 
Cuts, crimps and splices 10-22 AWG wires for insulated and 
non-insulated crimp connectors.*

Dipped Grip Smart-Grip™ Insulated Grip

*This style not manufactured in USA.


