Rated Initial

Bulb Base Order Case Filament Life Lumens Color Additional
Shape  Type  Watts Code  Description Volts Oty. Type MOL LCL (hrs) Initial Temp. CBCP Footnotes Information
HALOGEN COMPACT PAR LAMPS (CONTINUED)
COMPACT PAR30 LONG NECK (CONTINUED)
PAR30L Med 50 11116 50PAR30L/H/FL40 120 15CC-8 4.75 3000 580 2800 1100 » 1a,2a,4f,4h,9a,10c  Floodlight
50 11123 50PAR30L/H/FL40 130 15CC-8 4.75 3000 580 2800 1100 ~ 1a,2a,4f,4h,9a,10c  Floodlight
46 120 6000 460
50 14941 50PAR30L/H/WFL 120 6 CC-8 4.75 3000 630 2800 - 1a,2a, 4, 4h,9,10c  Wide Floodlight
- 7511124 75PAR30L/H/SP10 120 15CC-8 4.75 3000 940 2830 13000 » 1a,2a,4f,4h, 9, 10c _ Spotlight
7511129 75PAR30L/H/SP10 130 15CC-8 475 3000 940 2830 13000 » 1a,2a,4f,4h,9a,10c  Spotlight
66 120 6000 751
7514943 75PAR30L/H/FL25 120 6 CC-8 4.75 3000 940 2830 3800 » 1a,2a,4f,4h,9a, 10c  Floodlight
7511131 75PAR30L/H/FL25 130 15CC-8 4.75 3000 940 2830 3800 ~ 1a,2a,4f,4h,9a,10c  Floodlight
66 120 6000 751
7516393 75PAR30L/H/WFL 120 6 CC-8 475 3000 1050 2830 ~ 1a,2a, 4, 4h,9a, 10c  Wide Floodlight
81862 75PAR30LHFL25/RVL 120 6 CC-8 4.75 3000 980 1a, 2a, 4f, 4h, 93, 10c  Reveal®, Floodlight
COMPACT PAR30
PAR30 Med 50 14023 50PAR30/H/SP10 120 6 CC-8 3.62 3000 630 2800 8200 » 1a,2a,4f,4h,9a,10c  Spotlight
50 17870 50PAR30/H/SP10 130 15CC-8 3.62 3000 630 2800 8200 ~ 1a,2a, 4f,4h,9a,10c  Spotlight
46 120 6000 500
50 17871 50PAR30/H/FL25 120 15CC-8 3.62 3000 630 2800 2300 - 1a,2a, 4, 4h,9,10c  Floodlight
50 17872 50PAR30/H/FL25 130 15CC-8 3.62 3000 630 2800 2300 » 1a,2a,4f 4h,9a,10c  Floodlight
46 120 6000 500
50 14022 50PAR30/H/FL35 120 6 CC-8 3.62 3000 630 2800 1400 ~ 1a,2a, 4, 4h,9a, 10c  Floodlight
50 17874 50PAR30/H/FL35 130 15CC-8 3.62 3000 630 2800 1400 = 1a,2a,4f,4h,9a,10c  Floodlight
46 120 6000 500
60 27212 60PAR30/H/NSP9 120 15CC-8 3.62 3000 800 2800 11000 » 1a,2a,4f,4h,9a, 10c  Spotlight
40167 60PAR30/H/FL25 120 15CC-8 3.62 3000 800 2800 2900 » 1a,2a,4f,4h,9a,10c  Floodlight
21214 60PAR30/H/FL35 120 15CC-8 3.62 3000 800 2800 1700 » 1a,2a,4f,4h,9a,10c  Floodlight
75 14802 75PAR30/H/SP10 120 6 CC-8 3.62 3000 1030 2830 13000 — 1a,2a, 4f,4h, 9, 10c  Spotlight
81863 75PAR30HFL35/RVL 120 6 CC-8 3.62 3000 1010 1a, 2a, 4f, 4h, 93, 10c  Reveal®, Floodlight
7518056 75PAR30/H/SP10 130 15CC-8 3.62 3000 1030 2830 13000 - 1a,2a, 4, 4h, 9, 10c  Spotlight
66 120 6000 790
7518057 75PAR30/H/FL25 120 15CC-8 3.62 3000 1030 2830 3800 » 1a,2a,4f,4h,9a,10c  Floodlight
14779 75PAR30/H/FL35 120 6 CC-8 3.62 3000 1030 2830 2400 » 1a,2a,4f,4h,9a, 10c  Floodlight
7518060 75PAR30/H/FL35 130 15CC-8 3.62 3000 1030 2830 2400 ~ 1a,2a,4f,4h,9a,10c  Floodlight
66 120 6000 790
COMPACT PAR20
PAR20 Med 50 14927 50PAR20/H/SP10 120 6 CC-8 3.13 2500 570 2800 6000 » 1a,2a,4f,4h, 9, 10c  Spotlight
81861 50PAR20HFL25/RVL 120 6 CC-8 3.13 2500 1a, 2a, 4f, 4h, 93, 10c  Reveal®, Floodlight
50 17866 50PAR20/H/SP10 130 15CC-8 3.13 2500 570 2800 6000 » 1a,2a,4f,4h,9a,10c  Spotlight
46 120 5000 498
50 14928 50PAR20H/FL25 120 6CC-8 3.13 2500 570 2800 1500 » 1a,2a,4f,4h,9a,10c  Floodlight
50 17868 50PAR20/H/FL25 130 15CC-8 3.13 2500 570 2800 1500 ~ 1a,2a, 4, 4h,9,10c  Floodlight
46 120 5000 498
HALOGEN COMPACT PAR16
PAR16 Med 35 82135 35PAR16CURIO-PQ 120 6 CC-8 2.88 3000 1a, 2a, 4f, 4h, 9a, 10c
60 41628 60PAR16/H/SP10 120 6 CC-8 2.88 2000 650 2950 5400 1a, 2a, 4f, 4h, 93, 10c  Spotlight
? 41623 60PAR16/H/FL30 120 6CC-8 2.88 2000 650 2950 1550 1a, 2a, 4f, 4h,9a,10c  Floodlight
82142 60PAR16FL/RVL-CD 120 6CC-8 2.88 2000 1a, 2a, 4f, 4h, 93, 10c  Reveal®, Floodlight,
Carded
75 41630 75PAR16/H/SP10 120 6 CC-8 2.88 2000 900 2950 6200 1a, 2a, 4, 4h, 93, 10c  Spotlight
41629 75PAR16/H/FL30 120 6 CC-8 2.88 2000 900 2950 1600 1a, 2a, 4f, 4h, 9a, 10c  Floodlight
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com. To convertinches to millimeters, multiply by 25.4.

= Reduced Wattage ¢ High Color Rendering.



