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CAT# A B (Min) B (Max)  
350 1.57 .13 .65
360 1.59 .24 .63
350SNP 1.57 .13 .65

CAT# A B (Min) C    
370 1.42 .63 ---
380 1.42 .63 ---
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DUPLEX CONNECTORS
ZINC DIE CAST

TOPAZ                UNIT        SHIP WT/
CAT # UPC# SIZE KO CTN CASE CASE

FOR BX-FLEX, NM & MC CABLE
• 1 SCREW CLAMP TYPE
350 13490 3/8" 1/2" 25 250 32 
FITS ALUMINUM SMOOTH EXTRUDED MC RANGE .210-.500
 
 
• 1 SCREW CLAMP TYPE 
• SNAP LOCk 
 350SNP 85168 3/8"  10 100 14
 

 

• 2 SCREW CLAMP TYPE
360 13500 3/8" 1/2" 25 250 32 
FITS ALUMINUM SMOOTH EXTRUDED MC RANGE .210-.500

   

 

FOR BX-FLEX
 
• 1 SCREW SET SCREW TYPE
370 13590 3/8" 1/2" 25 250 28
 

 

• 2 SCREW SET SCREW TYPE
380 13600 3/8" 1/2" 25 250 25
 
 
 
 
 

BX STRAP
ONE HOLE                                        STEEL
TOPAZ                 UNIT        SHIP WT/
CAT # UPC# SIZE  CTN CASE CASE
510BX 15590 14/2 TO 10/3 100 1000 14
1101TC 14868 1/4" MINI  100 1000 13
1105TC 14872 1/2"  100 1000 14
1106TC 14871 9/16"  100 1000 16

BX-FLEX U-CLIP                STEEL
TOPAZ    UNIT SHIP WT/
CAT # UPC# SIZE  CTN CASE CASE
90 10320 3/8" FLEXIBLE – 500 5

CAT#  A  B 
510BX 1.25 .48 
1101TC .625 .5 
1105TC .75 .562 
1106TC 1.00 .625 

CAT# A B C    
90 1.200 .670 .175
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