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Molded Case Circuit Breakers
Panelhoard Mounting with INSTA-WIRE Selection

1-Pole Bolt-On (120V AC)®

Type BL? Type BLHO Type HBL
Continuous 10,000A IR 22,000A IR 65,000A IR
Current Rating
@ 40° C Catalog Number Catalog Number Catalog Number
10© B110 — —
15 B115® B115H® B115HH® l
20 B120% B120H® B120HH®
25 B125 B125H B125HHE
30 B130 B130H B130HH
35 B135 B135HE B135HHE
40 B140 B140H B140HH 1-Pole
45 B1450 B145HE B145HHE
50 B150 B150H B150HHE
60 B160 B160HE B160HHE . .
70 B170 B170Hm B170HHE
2-Pole Bolt-On (Common-Trip 120/240V AC)®
10 B210 — —
15 B215 B215H B215HH
20 B220 B220H B220HH
25 B225 B225HE B225HHE
30 B230 B230H B230HH 2-Pole
35 B235 B235HE B235HHE noo
40 B240 B240H B240HH L : E
45 B245 B245HE B245HHE
50 B250 B250H B250HH
60 B260 B260H B260HH
70 B270 B270Hm B270HHE
80 B280 B280HE B280HHE
90 B290 B290Hm B290HHm
100 B2100 B2100H B2100HH
110 B2110m B2110HE B2110HHE 3-Pole
125 B2125 B2125H B2125HHE
2-Pole Bolt-On (Common-Trip 240V AC)®®® ﬁ i 2t
15 B215R — — T el [31
20 B220R — — f
30 B230R — —
40 B240RE —_ —_ olo
50 B250R - — e
60 B260R — — ‘ 4"
70 B270RE — — [el[o][c]
80 B280RM — — N
90 B290RE — —
100 B2100RM — — Hnin e=
=
3-Pole Bolt-On (Common-Trip 240V AC)® Ffj s=
15 B315 B315H B315HH r"‘ o b
20 B320 B320H B320HH T E E
25 B325 B325H B325HHE L =
30 B330 B330H B330HH || =
35 B335 B335HE B335HHE e
40 B340 B340H B340HH
45 B345 B345HE B345HHE
50 B350 B350H B350HH Breaker Dimensions
60 B360 B360H B360HH Type Amperes | L | D1 | D2
70 B370 B370H B370HH BL, BLH 15-50 3% | 2% 3
80 B380 B380HE B380HH BL, BLH 55-125 3% 2% 3
90 B390 B390HE B390HH HBL 15-125 3Y 2% 3
100 B3100 B3100H B3100HH
BL/BLH/HBL Internal Accessories Modifications
Description Catalog Number Field/Factory Installed Description Catalog Number
120V Shunt Trip add suffix..00SO1TW | Factory 400Hz Calibration add suffix...Y® For external
24V Shunt Trip add suffix...00SO78 | Factory Marine 50°C Ambient | .44 suffix..M acfcessones, iz
120V Auxiliary Switch | add suffix..01B® | Factory Calibration L e
Fungus Proofing add suffix...F
M Built to order. Allow 2-3 weeks for delivery @1A and 1B contacts. ggnippeg 6 per s:eeve.
0} Bt :_isteddffor use withh 60/75° wireI thfrough 40 amps, @%J(l)‘OL(;gt?grft%'}Su:E;?c:{ETSe grounded "B systems — ULIEEied‘lg,ﬁ’(eAr ﬁ;eve'
isted for use with 75° wire only for 50 amps "Li itchi icati ©10 Amp breaker does not have INSTA-WIRE.
and above, HACR rated. 120V AC Fluorescent Lighting. gg#i;:f;:ﬁfzo{)geg::c;sw'mhmg applications (SWD). ®©For 3 P‘;ase Applications.
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